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Introduction  11

Battery connects here (red wire to ‘+V’, black
wire to ‘0V’). You can feed the wires through
the two larger strain-relief holes to the right.

Push switch on input GG33

Red LED, controlled by
output signal GG11

Red LED, controlled by
output signal GG00

Red LED, controlled by
output signal GG44

Red LED, controlled by
output signal GG00

Red LED, controlled by
output signal GG22

Red LED, controlled by
output signal GG11

Red LED, controlled by
output signal GG44

Space for optional on/off
power switch (not supplied)

BBaatttteerryy ppoowweerr mmuusstt bbee bbeettwweeeenn 33
vvoollttss aanndd 55 vvoollttss......

......tthhaatt’’ss 22 oorr 33 AAAA--ssiizzeedd bbaatttteerriieess!!

WWeellccoommee ttoo tthhee mmaaggiiccaall
wwoorrlldd ooff GGEENNIIEE!!

The GENIE Light Kit is ideal
for introducing simple lighting
projects, such as an electronic
die, a wearable badge or a
night-time warning system.

Three of the outputs, GG00, GG11 and

GG44 control two LEDs each. Output

GG22 controls a single LED.

GENIE C08
microcontroller (the

magic bit!)

Tip: The PCB allows a 3V watch-style cell battery (not supplied) to be used instead of AA or AAA batteries. See page 2 for details.

Download socket (the cable
plugs in here so that the GENIE
microcontroller can talk to the
computer)

‘LLEEDD’ is short for ‘LLiigghhttEEmmiittttiinngg DDiiooddee’
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Making the GENIE  22
Switch on the soldering iron. It will only take a
few minutes for the iron to reach operating
temperature. Once the soldering iron is hot,
clean the soldering iron tip with a moist sponge.

Melt some solder at the chamfered end of the
soldering iron tip. This is called ‘tinning’ and it
will aid the flow of solder from the soldering
iron to the copper track on the printed circuit
board and component pins.

Fit each component onto the board. When
fitting components such as resistors, you should
use long-nosed pliers to bend the legs through
90 degrees. This will make them easier to fit.

Some of the components need to be fitted the
correct way around:

® The GENIE microcontroller should be
positioned so that the notch points towards
the download socket and the dot next to pin
1 is at the same corner as the ‘1’ shown on the
board.

® The LEDs should be fitted so that the flat
edges of the LEDs line up with the flat edges
shown on the board.

To solder a pin, hold the soldering iron onto the
board for a few seconds, then quickly touch the
tip with a small amount of solder.

You should always remember to replace the
soldering iron back into the stand after soldering
and repeat cleaning the tip of the iron with the
moist sponge before the start of each soldering
operation.

Finally, cut off any excess wire or component
legs for a tidy finish.

FFiittttiinngg aa wwaattcchh--ssttyyllee cceellll bbaatttteerryy ((ooppttiioonnaall))

The PCB allows you to fit an on-board 3V
CR2032-type cell and holder (not supplied) as
an alternative to AA or AAA batteries.

When using a cell, it is recommended to also fit
an on/off power switch as described below.

AAddddiinngg aann oonn//ooffff ppoowweerr sswwiittcchh ((ooppttiioonnaall))

You can include an on/off power switch by
soldering an SPDT switch (not supplied) to the
three pads on the right-hand side of the PCB. 

When adding a power switch you will also need
to cut the exposed track marked ‘CCUUTT’ on the
PCB’s solder side.

MMaaggiicc IInnggrreeddiieennttss!!
This is what you will need:

CCoommppoonneenntt QQuuaannttiittyy

GENIE C08 microcontroller 1

GENIE 08 light board (PCB508) 1

Download (3.5mm stereo) socket 1

8-pin DIL socket 1

Battery clip 1

3 x AA battery holder 1

6 x 6mm switch 1

Red LED 7

100 ohm resistor 4

(brown, black, brown, gold)

180 ohm resistor 1

(brown, grey, brown, gold)

10k ohm resistor 1

(brown, black, orange, gold)

22k ohm resistor 1

(red, red, orange, gold)

100k ohm resistor 1

(brown, black, yellow, gold)

TTaakkee ccaarree wwhheenn uussiinngg aahhoott ssoollddeerriinngg iirroonn!!
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Telling the GENIE your wishes  33

MMaaggiiccaall EEffffeeccttss!!

These are the iinnppuutt aanndd oouuttppuutt

ssiiggnnaallss available in your flowchart:

IInnppuutt DDeessccrriippttiioonn

G3 Push switch

OOuuttppuutt DDeessccrriippttiioonn

G0 Centre left/right LEDs

G1 Top right/bottom left

LEDs

G2 Central LED

G4 Top left/bottom right

LEDs

For your project to work, you need to tell the GENIE microcontroller what it should do.

This involves writing a sequence of commands in a fflloowwcchhaarrtt. Your flowchart is then sent down the
cable and stored on the GENIE chip. By changing the flowchart, you can vary how the GENIE behaves.

First of all, you need to tell GENIE which type of chip you are using. To do this,
click on the MMiiccrrooccoonnttrroolllleerr button on the toolbar and choose PPrrooggrraamm SSeettttiinnggss..

Select a GGEENNIIEE CC0088 chip.

In the same window, choose the ‘11 IInnppuutt,, 44
OOuuttppuuttss ((GG00--GG22,, GG44))’’ setting to tell GENIE
which inputs and outputs you need. Click
on OOKK when you are ready.

ÁÁ

ÃÃ
You can now decide which commands you
want your GENIE to perform. To do this,
drag commands from the GGaalllleerryy.

See the next worksheet for flowchart ideas.
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Telling the GENIE your wishes  44
TTuurrnniinngg LLEEDDss oonn aanndd ooffff
You can use GENIE to turn the LEDs on and off.

This will light the single, central LED that is
connected to output GG22.

In addition to changing the output, you can also
add a delay (GENIE programs run very quickly
and without a wait, sometimes the lights change
too fast for you to see!).

The flowchart on the
right uses the HIGH
and LOW commands
to turn the two LEDs
on GG00 on and off.

It loops back to make
the flashing repeat.

There are seven LEDs on the kit and these are
connected to outputs GG00, GG11, GG22 and GG44. Each
output controls two LEDs, except for GG22.

Double-clicking on an output command allows
you to control a light (or several in the case of
the OUTPUTS command), for example:

Use the HHIIGGHH command to
turn a single output on.

Use the LLOOWW command to turn
a single output off.

Use the OOUUTTPPUUTTSS command
to control several outputs.

RReessppoonnddiinngg ttoo tthhee ppuusshh sswwiittcchh
Some types of input signal, such as push switches,
can only be either on or off. These are known as
ddiiggiittaall signals.

Use the DDIIGGIITTAALL command to
respond to a digital signals.

The DIGITAL command allows you to make a
decision based on whether a digital signal is
either on (pressed) or off (not pressed).

When a digital signal is on, it has the value ‘11’
whereas when it is off, it has the value ‘00’.

Double-click on the command to select which
digital inputs you wish to check. GENIE will
follow the ‘YY’ (yes) path when the digital signal
matches the chosen pattern, otherwise it will
follow the ‘NN’ (no) path.

The above pattern will test if the switch on GG33 is
pressed. You can see below how to use this in a
flowchart: the two LEDs connected to output GG00
will light whenever the switch is pressed.



This worksheet is copyright © 2012 New Wave Concepts Limited. All rights reserved.
It may be photocopied for classroom or non-commercial use.    wwwwww..ggeenniieeoonnlliinnee..ccoomm

Page 5 of 10  ® 550088 GENIE C08 Light Kit.pdf  ® Version 1.0 (Jun 2012)

GGEENNIIEE CC0088 LLiigghhtt KKiitt ((PPCCBB550088))

Telling the GENIE your wishes  55
CCrreeaattiinngg aann eelleeccttrroonniicc ddiiee
Whenever you roll a die, a number between one
and six will appear face-up. This behaviour is
known as random because you cannot predict
beforehand which number will appear.

To start a die roll, you should generate a random
number whenever the switch is pressed:

A subroutine named DDiissppllaayy outputs the die roll
held in variable AA. This subroutine is not shown
here but appears in full on page 6.  

Double-clicking on the RANDOM command
allows you to select the variable in which the
random number will be stored.

You can also decide on the range of numbers
that will be generated. For a die roll, the range
should be set to 11 through 66.

You can use GENIE’s RRAANNDDOOMM
command to simulate the effect
of a die roll.

G4

G0

G1

G2

G1

G0

G4

11

DDiissppllaayyiinngg tthhee nnuummbbeerrss 11 ttoo 66

ÂÂ
To display the number 1, make
output GG22 high and all of the
other outputs low.

G4

G0

G1

G2

G1

G0

G4

22 ÂÂ
To display the number 2, make
output GG44 high and all of the
other outputs low.

G4

G0

G1

G2

G1

G0

G4

33 ÂÂ
To display the number 3, make
outputs GG11 and GG22 high and all
of the other outputs low.

G4

G0

G1

G2

G1

G0

G4

44 ÂÂ
To display the number 4, make
outputs GG11 and GG44 high and all
of the other outputs low.

G4

G0

G1

G2

G1

G0

G4

55 ÂÂ
To display the number 5, make
outputs GG11, GG22 and GG44 high,
leaving output GG00 low.

G4

G0

G1

G2

G1

G0

G4

66 ÂÂ
To display the number 6, make
outputs GG00, GG11 and GG44 high,
leaving output GG22 low.

The following list shows how to display numbers.
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Telling the GENIE your wishes  66
AA ccoommpplleettee eelleeccttrroonniicc ddiiee fflloowwcchhaarrtt
The following flowchart puts together the different elements of a die roll program, namely (1) detecting
when a switch is pressed, (2) generating a random number, (3) outputting that number as a pattern on
the LEDs, and (4) stopping the die roll once the switch has been released.

The DDiissppllaayy subroutine outputs a different pattern to
the LEDs depending on the value of variable AA.

A series of COMPARE commands checks the possible
values of AA. When the value of AA is 66, the last
COMPARE commmand (‘if A = 5’) will be false,
resulting in the flowchart taking the ‘NN’ (no) path.

The output patterns are as shown on page 5.

The main flowchart first checks to
see if the switch (connected to
input GG33) is pressed.

When pressed, a random number
is then generated that lies within
the range of 11 to 66.

This number, representing the die
roll, is stored in variable AA.

Next, the number is used to
output the appropriate LED
pattern by calling the DDiissppllaayy
subroutine (shown on the right).

A short delay of 10 milliseconds is
introduced so that you can see the
lights changing (without the delay
they would change too quickly).

Finally, the whole sequence
repeats from the beginning.
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Bringing the GENIE to life  77

As soon as the program has been
downloaded you will see the
above screen (c) and GENIE will
start running your flowchart.

Your GENIE project is now ready
to go! You can disconnect the
cable and use your GENIE board
away from the computer.

üüFFiinniisshheedd!!

((aa))

((bb))

Once you have written your flowchart program,
you need to store it on the GENIE chip. Here’s
how you do it:

11 Wire-up the built GENIE circuit board and
connect up a suitable battery power supply.

22 Plug the GENIE cable into the download
socket on the GENIE circuit board.

33 Once done, the PPrrooggrraamm panel in CCiirrccuuiitt
WWiizzaarrdd or GGEENNIIEE DDeessiiggnn SSttuuddiioo will then
show a ‘Connected’ message (see picture a).

44 Click on the RRuunn LLiivvee option. Your flowchart
will be transferred onto the GENIE chip—this
is known as ddoowwnnllooaaddiinngg (see picture b).

((cc))

TThhee ttwwoo rreedd LLEEDDss tthhaatt aarreeccoonnnneecctteedd ttoo oouuttppuutt GG00 oonntthhee lliigghhtt kkiitt wwiillll ffllaasshh aass tthheeddoowwnnllooaadd ttaakkeess ppllaaccee..
IItt tteellllss yyoouu eevveerryytthhiinngg iiss OOKK!!
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Troubleshooting GENIE  88
If you are unable to connect to a GENIE microcontroller or download a program, you should go
through the following troubleshooting hints and tips.

RRuunn tthhee GGEENNIIEE ttrroouubblleesshhoooottiinngg ttooooll
The GENIE troubleshooter will automatically
check your cable and software to ensure that
the computer can access the GENIE cable.

To run the GENIE troubleshooter, choose
TTrroouubblleesshhoooott GGEENNIIEE...... from the HHeellpp menu of
GENIE Design Studio 1.1 or Circuit Wizard 2.

If you have an earlier version of GENIE Design
Studio or Circuit Wizard, you can download it
from wwwwww..ggeenniieeoonnlliinnee..ccoomm//ccaabbllee.

Step through the on-screen instructions.

SStteepp tthhrroouugghh tthhee ffoolllloowwiinngg cchheecckklliisstt ooff ccoommmmoonn pprroobblleemmss

CCaabbllee

• GENIE Design Studio and Circuit Wizard both check and report problems involving the cable
that is connected. If given, follow through on the on-screen help and advice.

• Unplug the cable, wait a few seconds and then plug it back in. Windows can occasionally fail
to detect that a cable has been inserted.

PPoowweerr

• Check that the voltage of the battery is sufficient. For this board, the battery voltage should
be in the range of 3 volts to 5 volts.

• Check the voltage level across the power connections (+V and 0V) on the board. This can
identify if there is a problem with the battery clip or battery holder. Ensure that the wiring
has not become loose and the batteries are properly seated in the holder.

CCiirrccuuiitt

• Try plugging the cable into another GENIE board if you have one available. When powering
up this circuit, the STATUS LED(s) should flash once (when properly connected it will flash
repeatedly). 

• Try with another GENIE microcontroller if possible.

• Visually inspect the board for bad solder joints or cases where soldering has incorrectly
bridged pins together. Note that for the download socket, the two left-most pins should be
connected together, as should the two right-most pins.

For more troubleshooting hints and tips, please read the separate GGEENNIIEE TTrroouubblleesshhoooottiinngg GGuuiiddee.

A

B
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Circuit information  99
This is the cciirrccuuiitt ddiiaaggrraamm. It shows how all of the components in
the circuit are connected. You can compare it to the layout of the
components on the actual circuit board (shown below it).

LThe technical bit... it’s

only needed if you

want to learn more!

C
08

3-5V

G3 (Switch)

10k

V+
PR
G4/A
G3 A/G2

A/G1
ST/G0

0V

GENIE C08

22k

P
RS
T0VDownload Socket

G4

180

100k

G4

G1

G1

G0G0 G2
(optional)
On/Off

100

100

100

100

100
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Physical dimensions and mounting  1100
The diagram below shows the physical dimensions of the printed circuit board (PCB). This information is
important to know when you are embedding the circuit into another project or container.

49mm
1.93in

52.5m
m

2.06in

∅ 3mm (M3)

30mm
1.18in

HHeeiigghhtt

The PCB’s height including components,
legs and soldering, is approximately
15mm (0.6in).

MMoouunnttiinngg

There are four large holes, two of which
(indicated by the arrows) are designed
for mounting the PCB. The holes have a
diameter of 3mm, suitable for use with
M3-sized screws.

The spacing between the two holes is
30mm (1.18in), which matches the
spacing between the two mounting holes
on a standard 3xAA battery pack. It is
therefore possible to mount the battery
pack to the back of the PCB.

The other two large holes are of the
same size but are instead intended to act
as strain-relief holes for an off-board
battery clip. These holes will be covered
if an on-board watch-type cell battery is
used in place of a standard battery pack.


