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35-1400 n/a 75MM FULL RANGE LOUDSPEAKER
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Technical Specifications: 
 

Loudspeaker Type:  Woofer (340M) 
Nominal Impedance:  8 Ohm 
Resonant Frequency:  120Hz 
Usable Frequency Response: 120Hz – 16kHz 
Nominal Power Handling: 10W 
Music Power Handling:  20W 
Sensitivity (SPL):  88dB/W/0.5m 
Chassis Shape:   Round 
Chassis Diameter:  78mm 
Magnet Housing Diameter: 70mm 
Driver Depth:   40mm 
Cone Diameter:   62mm 
Fixing Centers:   4 x 3.5mm Ø holes at 90° intervals on a 84mm Ø Circle 
Baffle Cut Out:   78mm Ø 
Overall Weight:   400g 

 
 
 
Physical Dimensions: 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 
 

 




